Old, new promoted max. SPL-values and SPL@DIN-ton
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Device promoted SPL/class |promoted max. SPL promoted SPL@DIN-tone

dB(A) dB(A) dB(A)
DS 5, DS 5-DN, SIL, 3G/3D, DSF 105 108 107
DS 10, SIL, 3G/3D, DSF 110 114 112
PAL1l PAX1 100 105 104
PA 5, PAX5 105 107 105
PA 10, PA X 10 110 117 115
PA 20, PA X 20 (Low-Output) 120 120 118
PA 20, PA X 20 (High-Output) 120 122 120
PA 130 130 132 130
IS-mAl 100 102 08
IS-mC1 100 102 08
IS-A105N 105 103 100
BExxS 110x 110 113 112
BExxS 120x 117 120 118
PY X-MA 100 101 99
PY X-LA 102 103 101
P22 DBF 80]80@10cm --
SON 4 100 101 08
BR50-SM 85 87 85
P28 xxx 91 91]--




