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For protection against large mechanical demands. A very useful accessory for visual signaling devices 
fitted to vehicles, such as fork lift trucks or driverless transport vehicles.
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ARTICLE NO. PY X-S PY X-M

Enclosure fitting For connection (daisy-chaining) of several flashing lights of the  
PY X-S series. 28300000003 –

Surface gasket Sealing of the flashing light installation surface when, e.g. cable 
entry is executed from the back. 28300000004 28111500000

Tamper-proof sealing  
(pack of 4)

Anti-tamper sealing for fasteners of the PYRA devices after 
installation in order to prevent manipulation of the devices. 28300000002

Panel mount installation kit 
PYRA

The PYRA devices are also suitable for panel mounting. This kit 
consists of a plug connector for the electrical contact, as well as 
all installation materials.

28300000010

PRODUCT PROTECTIVE CAGE
ARTICLE NO. 28710500040 28710500041 28710500042 28710500043

DATA

Suitable for ... PD WBL/WBS | DWBL/DWBS ABL/ABS | WBL-M/WBS-M WBLR/WBSR

Material steel, powder-coated, white, similar to RAL 9016

Weight 165 g 55 g 65 g 52 g

DIMENSIONS

Accessories PYRA Flashing lights

PROTECTIVE CAGES
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ARTICLE NO. Height P 200 TMA001 P 300 TMA001 P 400 TMA001
for P 200 series 137 mm 21391000000 – –

for P 300 series 140 mm – 21393000000 –

for P 400 series 145 mm – – 21395000000

Further tubular stand lengths on enquiry.

WALL BRACKET FOR TRAFFIC LIGHTS
Metal wall bracket for traffic lights and combinations.

TUBULAR STANDS
Tubular stand for mounting SPECTRA lights.

P 200 TMA001 P 300 TMA001 P 400 TMA001

4 pieces
included
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4 pieces
included
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4 pieces
included

60
°
90°

ARTICLE NO. P 350 TMB P 450 TMB

Wall bracket for single mounting of the P 350 21398000000 –

Wall bracket for single mounting of the P 450 – 21399000000

Wall bracket set for combinations of 2 or 3 P 350 21396000000 –

Wall bracket set for combinations of 2 or 3 P 450 – 21397000000

3 pieces
included

2 pieces
included2 pieces

included

seal enclosed

54

MOUNTING ACCESSORIES

DIMENSIONS

Accessories
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WALL BRACKET
Wall bracket for mounting SPECTRA lights.

P 200 RAB001 P 300 RAB001 P 400 RAB001

58

2 pieces
included

2 pieces
included

3 pieces
included

92

27

4 pieces
included

3 pieces
included

27

130
96

seal enclosed

2 pieces
included

DIMENSIONS

WALL HOLDER WITH HOOD
Wall holder for mounting SPECTRA lights on tubular stands.
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PRODUCT BR 50-W

ARTICLE NO. 28250200000

Suitable for... mounting the P 200 / P 300 / P 400 series on tubular stands

DIMENSIONS

PRODUCT P 200 RAB001 P 300 RAB001 P 400 RAB001

ARTICLE NO. 21390000000 21392000000 21394000000

Suitable for... P 200 series P 300 series P 400 series
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PRODUCT SUITABLE FOR ... RATED VOLTAGE ARTICLE NO.

Filament lamp E14 15 W PD | P 350 TSB | P 450 TDB 24 V 28113000000

Filament lamp E14 15 W PD | P 350 TSB | P 450 TDB 12 V 28113000001

Filament lamp E14 15 W PD | P 350 TSB | P 450 TDB 48 V 28113000002

Filament lamp E14 15 W PD | P 350 TSB | P 450 TDB 110 V 28113000003

Filament lamp E14 15 W PD | P 350 TSB | P 450 TDB 240 V 28113000004

Filament lamp E27 25 W P 450 TSB 24 V 28113000019

Filament lamp E27 25 W P 450 TSB 115 V 28113000020

Filament lamp E27 25 W P 450 TSB 230 V 28113000021

Halogen lamp G6.35/GY6.35 20 W P 300 RTH 12 V 28113000027

Halogen lamp G6.35/GY6.35 20 W P 300 RTH 24 V 28113000028

Halogen lamp G6.35/GY6.35 25 W P 300 RTH 115 V 28113000029

Halogen lamp G6.35/GY6.35 25 W P 300 RTH 230 V 28113000030

Halogen lamp G6.35/GY6.35 35 W P 400 RTH 12 V 28113000031

Halogen lamp G6.35/GY6.35 35 W P 400 RTH 24 V 28113000032

Halogen lamp G6.35/GY6.35 40 W P 400 RTH 115 V 28113000033

Halogen lamp G6.35/GY6.35 40 W P 400 RTH 230 V 28113000034

LIGHT SOURCES
Filament lamps for Pfannenberg lights with socket.

PRODUCT SSM2

ARTICLE NO. 41000000500

DATA

Operating range
18–30 V

DC

Nominal current consumption 1 A

Suitable for ... DC devices

Operating temperature –40 … +50 °C

Storage temperature –40 … +70 °C

Relative humidity 90 %

SOFT START MODULE
The module enables the soft start and limitation of the large initial current 
peaks of capacitive consumers. This includes all DC devices with a 
smoothing capacitor on the voltage input, regardless of whether the devices 
are sounders or flashing lights. The SSM Soft Start Module prevents the 
overloading of the relay contacts when switching on and the premature 
triggering of overcurrent circuit breakers (e.g. PLC controller). The module is 
available as a built-in housing for DIN rail mounting or is already integrated in 
various devices.

without SSM

with SSM

î up to 12 A

Am
ps

0  1  2  3  4  5  6  7  8  9  10  11  12 ms

Current limitation 0.7–1.5 A

Accessories




